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Manufacturer & Exporter

Specification
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CCD SunGlasses Camera

CCD SunGlasses Camera

Item NO. HS-x1488x

Video system. NTSC/PAL
510X492(NTSC)

Number of Effective Pixels 500X582(PAL)

CCD Image Sensor 1/4" Interline CCD

Scanning System 2:1 INTERLACE

Synchronization INTERNAL
Resolution (TV Lines) 350 TV LINE
S/N Ratio more than 48dB
Minimum lllumination 0.5Lux/F1.4

Electronic Shutter 1/50 - 1/100000

Horizontal Sync Frequency | NTSC(EIA)-15.734kHz / PAL(CCIR)-15.625kHz

Vertical Sync Frequency NTSC(EIA)-60Hz / PAL(CCIR)-50Hz

Glasses Frame Style

@ HS-21488C D

@ HS-11488C' D

Gamma Consumption 0.45

Video Output 1Vp-p , 750hms Composite

a Fi 20-16000Hz,S/N rati than 63dB
Audio Output SPL{at 1000Hz)(Ordering in advance)
Audio Standard Frequency 20-16000Hz,S/N ratio more than 58dB
Built-In Lens 3.1mm/F3.4 3T1), 3.9mm/F3.9 (4T)

Storage Temperature -30 to 60 Degree C

Working Temperature -10 to 45 Degree C

Power Source DC 7-12V(standard)

Power Current 120mA(max)

Cable Dimension (cm) 100

Glasses Lenses Style

@HS-114838UTD @HsS-11488CTD

@IHS-11483Y 1D @'HS-11483B 1D

Wireless Kit

Ordering Information

MODEL PIN HOLE Glasses frame style
HS-11488x-3T 3.1mm/F3.4 Black
HS-21488x-3T 3.1mm/F3.4 Blue
HS-11488x-4T 3.9mm/F3.9 Black
HS-21488x-4T 3.9mm/F3.9 Blue

NOTE: 145.11488x : C: Transparent Type ; B: Black Tint
Y: Yellow Tint ; Uz UV Protection
<The colors of the Sun Glasses lenses>
HS-11488C-4T,3T: 4T:3.9mm/F3.9; 3T:3.1mm/F3.4
HS-x1488C- 1:Black
2:Blue

AB28814C BB58814C HVS-1488C
MODEL RF Output Power Frequency Microphone
AB288x14x 200mw 2.4GHz [ ]
AB688x14x 600mwW 2.4GHz [ ]
BB188x14x 100mwW 1.2GHz [ ]
BB588x14x 500mW 1.2GHz [ J
AV288x14x 200mwW 2.4GHz
AV688x14x 600mwW 2.4GHz
BV188x14x 100mW 1.2GHz
BV588x14x 500mwW 1.2GHz
NOTE: BB 288x14x: @ TXT-BOX: A:24GHz ; B:1.2GHz
®@® @ ® @ B: W/Microphone ; V: W/O Microphone
@ 1: 100mW ; 2: 200mW ; 5: 500mW ; 6: 600mW
@ Different glasses frame style
® Sunglasses Color

Other type

HS-11466SB
( Glasses Camera)

HS-11466R
(Glasses Camera)

MSR-B1210B
( WIRELESS RECEIVER )

MRX-1200B
( NEW WIRELESS RECEIVER)
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Specification

Mobile Digital Video Recorder

Storage media type

SD / MMC Card slot (support up to 2GB) , Built-in flash memory 128 MB

LCD display

2.5" LTPS TFT LCD 960 x 240 , 230K pixels / 262K Color

Interface

2 in 1 MiniUSB ( USB2.0 / Power in ) ; 4 in 1 earphone jack

(Video out / earphone jack / external microphone / AV in)

Video out / Video in

TV OUT ( NTSC/ PAL ) / AV IN ( NTSC / PAL )

Extend interface

Extend DC power 9V out for camera and AV in

AV recorder resolution

640 x 480 (VGA) / max 30 fps

AV audio quality

2 modes : radio quality (16KHz) / CD quality (48KHz)

AV recorder quality

MPEG4 : best fine normal basic economy

Voice recorder

2 modes: radio quality (16KHz)/CD quality (48KHz)

Format support

JPEG ASF WAV MP3 WMA

Language support

12 languages: English, German, French, Spanish, Italian, Portuguese

, Japanese, simple Chinese, tradition Chinese, Korean, Polish, Turkey

Battery

Rechargeable LI-ION battery

3.7 V /920mA , compatible with NP60 type battery

Adapter

5V DC adapter (USB port) / USB cable

Weight(g)

95g ( with battery)

Size

18x68x81 (LxWxH)mm

Extend Interface

Extend DC Power 9V out for Camera and AV in

Scheduled recording function ( 12 event )

Special Power save button (monitor sleep mode) MP-415E
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Other model
SS-L1475 MO-L806
CCD snake camera with white LED light CMOS snake camera with white LED light

Manufacturer & Exporter

MISUMI 2006 CATALOGE

TEL:886-2-2226630:
FAX:886-2-2222

DIGITAL VIDEO RECORDER - 01






