


Electronics Corp.
Manufacturer & Exporter

MO-T806W , MO-T806LW >

DIA:9.2—-

MO-T806C , MO-T806LC 4

CMOS COLOR CAMERA

Feature

@ 9.2 mm Only

With LED light

Compact size.

Backlight compensation.
Hight Quality Picrture.
Hight Performance.
Outstanding Quality!
Competitive Price!

| 28 Ordering In Advance )

DIA:9.2- (] — |
MO-R806 , MO-L806 >

28 | standard : 600 e 86 N 178 15

T (Order in advance ) | ! !
DIA:9.2—
unit : mm (+0.5)
Specification

Model MO-T806
Video system NTSC / PAL

Number of effective pixels

306 x 240(NTSC) / 366 x 288(PAL)

Image sensor

1/5"(PAL) or 1/6"(NTSC) Color Cmos Camera

Resolution(TV Lines)

240 TV Lines

S/N Ratio

more than 48dB

Minimum illumination

2LUX / F1.2

Electronic shutte

1/50-1/57000 Sec

Horizontal syncfrequency

NTSC -15.734kHz , PAL-15.625kHz

Vertical sync frequency

NTSC - 60Hz , PAL-50Hz

Camera consumption

0.45

Video output

1Vp-p , 750hm composite

Built - in Lens

0.77 mm /F 3.0 FOV 105 Degree , 0.96 mm /F2.8 FOV 55 Degree

Storage temperature

-30 to 60 Degree C

Working temperature

-10 to 45 Degree C

Power source

DC 9—12Vv

Power current

80 mA

Dimension (mm)

@ 9.2 x 28(mm)

MO-T806LC A

Ordering information

With LED Light

MODEL MODULE TYPE DIMENSION (mm) LED CONNECT
MO-T806W TUBE TYPE MODULE @ 9.2 (mm) X 3 WIRE OUT
MO-T806C TUBE TYPE MODULE @ 9.2 (mm) X TUBE TYPE CABLE OUT
MO-T806LW TUBE TYPE MODULE @ 9.2 (mm) WITH LED x 4 Pcs 3 WIRE OUT
MO-T806LC TUBE TYPE MODULE @ 9.2 (mm) WITH LED x 4 Pcs TUBE TYPE CABLE OUT
MO-R806 TUBE TYPE MODULE @ 9.2 (mm) X SNAKE TYPE DC IN RCA IN
MO-L806 TUBE TYPE MODULE @ 9.2 (mm) WITH LED x 4 Pcs SNAKE TYPE DC IN RCA IN

NOTE :
MO-T806W  W: 3 WIRE
MO-T806C C: CABLE(OD 1.9mm , cable out : 75cm)
MODEL CONNECT MODEL CONNECT Other information
cp The Smallest Camera Of The World
MO-R806 ’ MJ-R806 N MO-T1204LW
@2.5mm 1/12" Color CMOS Camera
Pixels : 642 x 482 (NTSC & PAL)
| 247 |
JO-R806 MQ-R806 0 [ i
: s @l umecn
Waterproof MINI CAM
NOTO: A :AUDIO G :GND UNIT-mm
V : VIDEO P : DC POWER

TEL:886-2-22266303 E-mail:mscctv@ms9.hinet.net
FAX:886-2-22225620 Web site: http://www.misumi.com.tw

Manufacturer & Exporter




Electronics Corp.
Manufacturer & Exporter

CMOS COLOR CAMERA

Feature
[ MO-T575W , MO-T575LW_ |4

@ 12 mm Only
With LED light x 4 pcs

Backlight compensation.

DIA:12 —-

Hight Quality Picrture.
| MO-T575C , MO-T575LC | 2

31 Ordering In Advance

Hight Performance.

Outstanding Quiality!

Competitive Price!

DIA:12 —
unit : mm (+0.5)
Specification
Model MO-T575
Video system NTSC

Number of effective pixels 510 x 492(NTSC)

Image sensor 1/4" Color CMOS Camera

Resolution(TV Lines)

380 TV Lines

S/N Ratio

more than 48dB

Minimum illumination

1.5LUX / F1.2

Electronic shutte

1/60-1/63000 Sec

Horizontal syncfrequency

NTSC -15.734kHz

Vertical sync frequency

NTSC - 60Hz

Camera consumption

0.45

Video output

1Vp-p , 750hm composite

Built - in Lens

4.0 mm /F 2.0

Storage temperature

-30 to 60 Degree C

Working temperature

-10 to 45 Degree C

Power source

DC 5V

Power current

60 mA

Dimension (mm)

@ 12 x 31(mm)

MO-T575LC A

Ordering information

MODEL MODULE TYPE DIMENSION (mm) LED CONNECT
MO-T575W TUBE TYPE MODULE @ 12 (mm) X 3 WIRE OUT
MO-T575C TUBE TYPE MODULE @ 12 (mm) X TUBE TYPE CABLE OUT
MO-T575LW TUBE TYPE MODULE @ 12 (mm) WITH LED x 4 Pcs 3 WIRE OUT
MO-T575LC TUBE TYPE MODULE @12 (mm) WITH LED x 4 Pcs TUBE TYPE CABLE OUT

NOTE :
MO-T575W W: 3 WIRE
MO-T575C C: CABLE(OD 1.9mm , cable out : 75cm)
MODEL CONNECT MODEL CONNECT Other information
With LED Light
MO-R575 ’ MJI-R575 MO-L809
@2.5mm 1/4" Color CMOS Camera
Pixels : 307200 Pixel memm—
41
JO-R575 MQ-R575 0
" Waterproof 9‘? ‘ ‘
MO-L809
NOTO: A :AUDIO G :GND UNIT:mm
V : VIDEO P : DC POWER

Manufacturer & Exporter

TEL:886-2-22266303 E-mail:mscctv@ms9.hinet.net

FAX:886-2-22225620 Web site: http://www.misumi.com.tw




Electronics Corp.

Manufacturer & Exporter CMOS B/W CAM ERA

Feature
[MO-T775W . MO-T775LW |4

@ 12 mm Only
| With LED light x 4 pcs
Pz focal distance 5cm (approximately)
Backlight compensation.
Hight Quality Picrture.
[MO-T775C _MO-T775L.C | Hight Performance.
3, Ordering In Advance | Outstanding Quality!
|— Competitive Price!
DIA:12 — :D—
unit : mm (+0.5)
Specification
Model MO-T775
Video system NTSC(EIA)
Number of effective pixels 510 x 492(NTSC / EIA)
Image sensor 1/4" B/W CMOS Camera
Resolution(TV Lines) 380 TV Lines
S/N Ratio more than 48dB
Minimum illumination 0.05LUX / F1.2
Electronic shutte 1/60-1/63000 Sec
Horizontal syncfrequency NTSC -15.734kHz
Vertical sync frequency NTSC - 60Hz
Camera consumption 0.45
Video output 1Vp-p , 750hm composite
Built - in Lens 4.0 mm /F 2.0
Storage temperature -30 to 60 Degree C
Working temperature -10 to 45 Degree C
Power source DC 5V
Power current 60 mA
Dimension (mm) @ 12 x 31(mm) MO-T775LC A

Ordering information

MODEL MODULE TYPE DIMENSION (mm) LED CONNECT
MO-T775W TUBE TYPE MODULE @ 12 (mm) X 3 WIRE OUT
MO-T775C TUBE TYPE MODULE @ 12 (mm) X TUBE TYPE CABLE OUT
MO-T775LW TUBE TYPE MODULE @ 12 (mm) WITH LED x 4 Pcs 3 WIRE OUT
MO-T775LC TUBE TYPE MODULE @12 (mm) WITH LED x 4 Pcs TUBE TYPE CABLE OUT

NOTE :
MO-T775W W: 3 WIRE
MO-T775C C: CABLE(OD 1.9mm , cable out : 75cm)

MODEL CONNECT MODEL CONNECT Other information
The Smallest Camera Of The World
MO-R775 ’ MI-R775 MO-R833
@2.5mm 1/18" (NTSC) Color CMOS Camera
Pixels : 76800 Pixel
19
JO-R775 ’ MQ-R775 0 e
" Waterproof 3.9 I %
NOTO: A :AUDIO G :GND UNIT=mm
V :VIDEO P : DC POWER

TEL:886-2-22266303 E-mail:mscctv@ms9.hinet.net
FAX:886-2-22225620 Web site: http://www.misumi.com.tw

Manufacturer & Exporter




Electronics Corp.

Manufacturer & Exporter CC l Q CO LOR CAM ERA

[MO-T1675W _MO-T1675LW |2 Feature

41.2
| With LED light x 4 pcs

focal distance 5cm (approximately)
| MO-T1675C , MO-T1675LC |2 Backlight compensation.

Hight Quality Picrture.

I— Hight Performance.
:D:_ Outstanding Quality!

Competitive Price!
MO-R1675 , MO-L1675 >

DIA:15--

41.2 Ordering In Advance

DIA: 15—

L 412 standard : 600 | 86 | 178 15
I !

‘ % ( Order in advance ) | i
e | I [=

unit : mm (+0.5)

Specification
Model MO-T1675L
Video system NTSC / PAL
Number of effective pixels 510 x 492(NTSC) , 628 x 528(PAL)
Image sensor 1/3" Color CCIQ Camera
Resolution(TV Lines) 380 TV Lines
S/N Ratio more than 48dB
Minimum illumination 1LUX / F1.2
Electronic shutte 1/50-1/12,5000 Sec.
Horizontal syncfrequency NTSC -15.734kHz , PAL-15.625kHz
Vertical sync frequency NTSC - 60Hz , PAL-50Hz
Camera consumption 0.45
Video output 1Vp-p , 750hm composite
Built - in Lens 4.0 mm /F 2.0
Storage temperature -30 to 60 Degree C
Working temperature -10 to 45 Degree C
Power source DC 12V
Power current 60 mA
Dimension (mm) @ 15 x 41.2(mm) MO-T1675LC A

Ordering information

MODEL MODULE TYPE DIMENSION (mm) LED CONNECT
MO-T1675W TUBE TYPE MODULE @ 15 (mm) X 3 WIRE OUT
MO-T1675C TUBE TYPE MODULE @ 15 (mm) X TUBE TYPE CABLE OUT
MO-T1675LW TUBE TYPE MODULE @ 15 (mm) WITH LED x 4 Pcs 3 WIRE OUT
MO-T1675LC TUBE TYPE MODULE @ 15 (mm) WITH LED x 4 Pcs TUBE TYPE CABLE OUT
MO-R1675 TUBE TYPE MODULE 2 15 (mm) X SNAKE TYPE DC IN RCA IN
MO-L1675 TUBE TYPE MODULE 2 15 (mm) WITH LED x 4 Pcs SNAKE TYPE DC IN RCA IN

NOTE :
MO-T1675W  W: 3 WIRE
MO-T1675C  C: CABLE(OD 1.9mm , cable out : 75cm)
MODEL CONNECT MODEL CONNECT Other information
cp The Smallest Camera Of The World
MO-R1675 ’ MJ-R1675 N MO-T0O506
@2.5mm 1/5" Color CMOS Camera
Pixels : 656 x 488(NTSC & PAL)
_ | 175 /
JO-R1675 MQ-R1675 0 1
" Waterproof -7, ‘V/
MINI CAM
NOTO: A :AUDIO G :GND ONIT-mm
V : VIDEO P : DC POWER

TEL:886-2-22266303 E-mail:mscctv@ms9.hinet.net
FAX:886-2-22225620 Web site: http://www.misumi.com.tw

Manufacturer & Exporter






