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W CCD CAMERA

INSTRUCTION

(CCD)

'
E + For forward view.
(Purchase non-mirrored camera)

g RCA terminal
Il connect to mol

itor

8M video cable

aD
Body rotates
Connect fo reverse light for alignment
<B> <R>
S terminal

Do not cut

A: Mount inside or outside
frunk lid

circuit board
(water proof)

/J\@

4AM power cablg

)

Camera

D » Mount inside corner of front bumper.
(purchase non-mirrored camera)

C : Drill mount through rear bumper.
(Purchase hole mount camera type)

Type: Flush mount

B: For van installations,
mount inside or outside rear window.
(Fold bracket when mounting inside)

How to install the camera below the trunk lid

1.Uninstall the trunk lid from the trunk  2.Attach the camera below the trunk lid 3.Insert the cable and the main circuit box 4.Fix the main circuit box (water proofed)
through the hole of license-plate's ligh in the chamber behind the trunk lid

\

W

5.Finish view

6.Insert the cable with S terminal into the trunk
via the cable's hole of license-plate's light

Different view range from very type camera

TEL:886-2-22266303
FAX:886-2-22225620

Manufacturer & Exporter

CCD Rearview camera - 01
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Specification

CCIZLREARVIEWfAMER g

Iltem NO. MS-EC54 MS-EC514 MS-EC524
CCD Image Sensor 1/4" Color CCD
Effective Pixels. 500 x 528 - PAL / 510 x 492 - NTSC
- Minimum lllumination 0.5Lux
m‘és Resolution (TV Lines) 350 TV Lines
Electronic Shutter 1/50 - 1/100,000 Sec.
Built-In Lens 3.6mm/F2.0 1.9mm/F2.0 1.7mm/F2.0
‘ . Angle View 70 145 165
?g:ﬁf,';:,ieter)X27,24mm(|_) Power Source DC 12V (Standard)
Camera to main board box: 22cm Power Current 40mA
Iltem NO. MS-EC84 MS-EC814 MS-EC824
CCD Image Sensor 1/4" Color CCD
Video system. 500 x 528 - PAL / 510 x 492 - NTSC
\ Minimum lllumination 0.5Lux
m Resolution (TV Lines) 350 TV Lines
Electronic Shutter 1/50 - 1/100,000 Sec.
Built-In Lens 3.6mm/F2.0 1.9mm / F2.0 1.7mm/ F2.0
Angle View 70 145 165
gg:,],er:(sliﬁg,ieter)X25,27mm(L) Power Source DC 12V (Standard)
Camera to main board box: 22cm Power Current 40mA
Iltem NO. MS-BC334 MS-BC314
CCD Image Sensor 1/4" Color CCD 1/4" Color CCD

Video system.

500 x 528 - PAL
510 x 492 - NTSC

500 x 528 - PAL
510 x 492 - NTSC

Minimum lllumination 0.5Lux 0.5Lux
Resolution (TV Lines) 350 TV Lines 350 TV Lines
Electronic Shutter 1/50 - 1/120,000 Sec. 1/50 - 1/120,000 Sec.
Built-In Lens 1.9mm / F2.0 1.9mm/F2.4
Angle View 145 150
Dimensions: Power Source DC 12V (Standard) Dimensions: DC 12V (Standard)
26mm(Diameter)x39mm(L) Power Current 40mA 26mm(Diameter)x31mm(L) 40mA
Item NO. MS-BC344 MS-DC84
CCD Image Sensor 1/4" Color CCD 1/4" Color CCD
Video system. 230 x Hop-NTSC 230 o -NTsc
Minimum lllumination 0.5Lux 0.5Lux
Resolution (TV Lines) 350 TV Lines 350 TV Lines
Electronic Shutter 1/50 - 1/120,000 Sec. 1/50 - 1/100,000 Sec.
Built-In Lens 1.9mm/F2.4 1.9mm/F2.4
Angle View 150 150
Dimensions: Power Source DC 12V (Standard) Dimensions: DC 12V (Standard)
26mm(Diameter) x 31mm(L) Power Current 40mA 19mm(Diameter)x18mm(L) 40mA
Item NO. MS-DC54 MS-AC54

CCD Image Sensor

1/4" Color CCD

Video system.

500 x 528 - PAL
510 x 492 - NTSC

1/4" Color CCD

500 x 528 - PAL
510 x 492 - NTSC

Minimum lllumination 0.5Lux 0.5Lux
Resolution (TV Lines) 350 TV Lines 350 TV Lines
Electronic Shutter 1/50 - 1/100,000 Sec. 1/50 - 1/120,000 Sec.
Built-In Lens 1.9mm/F2.4 1.9mm/F2.4
Angle View 150 150
Dimensions: Power Source DC 12V (Standard) DC 12V (Standard)
19mm(Diameter)x18mm(L) Dimensions:
Camera to main board box: 22cm | Power Current 40mA 23mm(Diameter)x25mm(L) 40mA

Manufacturer & Exporter,

TEL:886-2-22266303
FAX:886-2-22225620
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